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Equivalent C3216X7R21333K for Automotive ) L.
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I Dimensions
L 3.20mm +0.4,-0.2mm i ot .
W 1.60mm +0.3.-0.2mm IZI, ESR vs. Freq. Characteristics , Temperature Characteristics
T 1.60mm +0.3,-0.2mm 10000 (Simulation Data) 12
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% K (+/-10%) 100 Cap. vs. Freq. Characteristic . Ripple Temperature Rise Characteristics
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