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Please be sure to request delivery specifications that provide further details on the features and specifications of the products for proper and safe use.
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Ni-Zn  Ferrite for Coil(High Bs)  Material list of L7H

MATERIAL CHARACTERISTICS

i frequency characteristics(Typ.) i temperature characteristics(Typ.)

B-H temperature characteristics(Typ.)

Practical 
frequency

(MHz)

Initial 
permeability

i

Relative loss foctor

tan/i

10–6

Temperature 
factor of initial 
permeability
ir

10–6/°C
[20 to 60°C]

Curie 
temperature

Tc
(°C)

Saturation 
magnetic flux 
density
Bs
(mT)

Remanent flux 
density

Br
(mT)

Coercive force

Hc
(A/m)

Electrical 
resistivity

v

( - m)

Density

db

(kg/m3)

0.05 to 1 800±25%
<12[0.05MHz]
<80[1MHz]

7 to 15 >180 390[4kA/m] 220 16 105 5.1103
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