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NAME PLATE
DRFI20-2-1 TDK-Lambde
Input Details
100-240VAC 1.5A X 3 g
Frequency: 50 / 60Hz < |earcon
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Output Details
DC 24-28V/5-4.3A
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MODEL |DRF120-24-1 QOQDDODOQOQDDDD — = NOTES
QDDODOOOQDDDD @ A. MODEL NAME , INPUT VOLTAGE RANGE , NOMINAL OUTPUT VOLTAGE ,
TDK-Lambda OQDDODOQOQDDDQ @ @ & COUNTRY OF MANUFACTURE ARE SHOWN IN ACCORDANCE WITH THE
PA618-02-01B OO O OEOKOX i

SIGNAL CONNECTOR INFORMATION
SIGNAL CONNECTOR USED

PART DESCRIPTION | PART NAME MANUFACT]
PIN HEADER [S8B—PHDSS(LF)(SN) | JST
MATCHING HOUSINGS, PIN & TOOL
PART DESCRIPTION| ~ PART NAME  |MANUFACT
SOCKET HOUSING | PHDR-8VS JsT
SPHD-002T-P0.5 OR JsT
TERMINAL PINS| spiip_go11-P0.5
YRS—620(SPHD-002T-P0.5
HAND. CRIMPING TooL] YRS 0R23PHD—001T—P0.5; JST

==ACCESSORIES==

* SHORT PIECE
SHORTING CNT+ —>CNT-
SHORTING CB —>CB_COM

(ATTACHED ON SIGNAL CONNECTOR AT SHIPMENT)

SIGNAL CONNECTOR PIN ASSIGN

S8B—PHDSS(LF)(SN) (JST)
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