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SECTION A-A [ 857770 ]
TITLE |DC CORD 800mm-8C+1 (6PIN-P4.20) DESCRIPTION COMPONENT LIST REVISIONS
2 MATERIAL 1.CABLE : COLOR BLACK UL/CSA 2464 80/90°C 300V Rev.A FrhiE1T  (R1806) |2016/12/19
MODEL THICKNESS 16AWG X 5C+DRAIN WIRE
DWG NO.| EG-MAP-02-1237A UNIT o 2.PVC WIRE : BLUE/BLACK/WHITE/YELLOW/RED
FINISH 3.HOUSING : 6P=P4.2 UL/CSA/TUV 94V-2 [TA/250V/85°C]
PARTNO.|  P54400D1114A SCALE TOLERANCE 4RI fa ST

Sam DATE |2016/12/19

PREPARE |DRAWING | CHECKED |APPROVED| REV. A 5 M St 3258 : WST P4.20 6PIN WAFTER M-142002
(P533142006F1001)

EG-B3C010 REV.B




