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1. Summary of Emissions Test Result 

 M O D E L S  :  M U 4 ,  s e e  i n d i v i d u a l  p a g e s  f o r  d e t a i l s .  

Item Standard Test Class Result Page Notes & Conditions 

Input Current Harmonics IEC61000-3-2 A Pass 4  

Voltage Flicker IEC61000-3-3 dmax <4% Pass 5  

Conducted Emissions 
CISPR 11 / 32 B Pass 6  

FCC 47-15-B B Pass 6  

Radiated Emissions 
CISPR 11 / 32 B Pass 9  

FCC 47-15-B B Pass 12  
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2. Input Current Harmonics  (IEC61000-3-2) 

M O D E L :  M U 4 F S D L  T 5 H  5 S B S J  1 2 S B S J  2 4 S B S J  4 8 S B S J  

(1)  Equipment Used 

AC Power Source :Chroma 61505 

Power Analyser :Vitrek PA900 

(2)  Test Conditions 

Input Voltage :230VAC Mains Frequency :50Hz 

Output Voltage :Rated Output Power :800W  

Test Observation Period :1.5 seconds Ambient Temperature :25°C 

(3)  Test Result 

230Vac 

 

 

Test Class MU4FSDL T5H 5SBSJ 12SBSJ 24SBSJ 48SBSJ 

EN61000-3-2 A Pass 

 



 

260944  MU4 
 

Template No: 260585-1  5 

 

3. Voltage Flicker  (IEC61000-3-3) 

M O D E L : M U 4 F S D L  T 5 H  5 S B S J  1 2 S B S J  2 4 S B S J  4 8 S B S J  

(1)  Equipment Used 

AC Power Source :Chroma 61505 

Oscilloscope : Rohde & Schwarz RTM3004 

(2)  Test Conditions 

Input Voltage : 230VAC Mains Frequency :50Hz 

Output Voltage :Rated Output Power :800W  

Test :dmax Ambient Temperature :22°C 

(3)  Test Result 

 

 

Test Test MU4FSDL T5H 5SBSJ 12SBSJ 24SBSJ 48SBSJ 

EN61000-3-3 dmax < 4% Pass 
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4. Conducted Emissions  (CISPR11) 

M O D E L :  M U 4 F S D L  Q 5 H  5 S B S J  1 2 S B S G  2 4 S B S G  4 8 S B S G  

(1)  Equipment Used 

Receiver :Rohde & Schwarz ESR 3 

2 Line V-Network :Rohde & Schwarz ESH3-Z5 

Pulse Limiter :Rohde & Schwarz ESH3-Z2 

(2)  Test Conditions 

Input Voltage : 230VAC Mains Frequency :50Hz 

Output Voltage :Rated Output Load :100%, 50% and 0%  

Class :B Ambient Temperature :23°C 

(3)  Test Results 

100% Load 
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50% Load 
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0% Load 

 

 
 

Note: Limits of CISPR11, EN55011, CISPR32, EN55032, FCC and VCCI Class B are identical. 
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5. Radiated Emissions  (CISPR11) 

M O D E L : M U 4 F S D L  Q 5 H  5 S B S J  1 2 S B S G  2 4 S B S G  4 8 S B S G  

(1)  Equipment Used 

Receiver :Rohde & Schwarz ESR 3 

Antenna :Schwarzbeck Mess VULB 9168 

Controller :Maturo Control Unit MCU 

Antenna Mast :Maturo Antenna Mast AM 4.0 

Turntable :Maturo Turntable TT 2.0 SI 

Semi-Anechoic Chamber :TRS 3m Semi-Anechoic Chamber 

(2)  Test Conditions 

Input Voltage : 230VAC Mains Frequency :50Hz 

Output Voltage :Rated Output Load :100%, 50% and 0%  

Class :B Ambient Temperature :20°C 

(3)  Test Results 

100% Load 
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50% Load 
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0% Load 
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6. Radiated Emissions  (FCC Title 47 – 15 B) 

M O D E L : M U 4 F S D L  Q 5 H  5 S B S J  1 2 S B S G  2 4 S B S G  4 8 S B S G  

(1)  Equipment Used 

Receiver :Rohde & Schwarz ESR 3 

Antenna :Schwarzbeck Mess VULB 9168 

Controller :Maturo Control Unit MCU 

Antenna Mast :Maturo Antenna Mast AM 4.0 

Turntable :Maturo Turntable TT 2.0 SI 

Semi-Anechoic Chamber :TRS 3m Semi-Anechoic Chamber 

(2)  Test Conditions 

Input Voltage : 120VAC Mains Frequency :50Hz 

Output Voltage :Rated Output Load :100% 

Class :B Ambient Temperature :20°C 

(3)  Test Results 

100% Load 
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