
Data Base : MIL - HDBK - 217F Notice 1
Environment : GB, 25℃
Input: 115V
Output: Full Load
Unit : KPSA15-24
Ver: V10
Date: 2008/7/10

CAT TYPE Q'ty λp λ(λp*Q'ty) %
5.1 Microcircuits 1 IC3 0.0332 0.0332 1.70
6.1 Diode, Fast 1 D1 0.0775 0.0775 3.97
6.1 Diode, Fast 1 D2 0.0775 0.0775 3.97
6.1 Diode, Fast 1 D4 0.0426 0.0426 2.19
6.1 Diode,General 1 BR1 0.0011 0.0011 0.06
6.1 Diode,General 1 D5 0.0013 0.0013 0.07
6.1 Diode,General 1 D6 0.0011 0.0011 0.06
6.1 Voltage Regulator 1 IC2 0.0110 0.0110 0.56
6.1 Diode,Zener 1 ZD1 0.0110 0.0110 0.56
6.4 Transistor MOSFET 1 Q1 0.2640 0.2640 13.54

6.11 Optocupler 1 IC1 0.0715 0.0715 3.67
6.11 Light Emitting Diode 1 LED1 0.0013 0.0013 0.06
9.2 Resistor film 1 R1 0.0031 0.0031 0.16
9.2 Resistor film 1 R3 0.0100 0.0100 0.51
9.2 Resistor film 1 R5 0.0040 0.0040 0.20
9.2 Resistor film 1 R7 0.0031 0.0031 0.16
9.2 Resistor film 1 R8 0.0037 0.0037 0.19
9.2 Resistor film 1 R9 0.0035 0.0035 0.18
9.2 Resistor film 1 R10 0.0035 0.0035 0.18
9.2 Resistor film 1 R11 0.0035 0.0035 0.18
9.2 Resistor film 1 R13 0.0031 0.0031 0.16
9.2 Resistor film 1 R14 0.0031 0.0031 0.16
9.2 Resistor film 1 R15 0.0031 0.0031 0.16
9.2 Resistor film 1 R16 0.0031 0.0031 0.16
9.2 Resistor film 1 R17 0.0032 0.0032 0.16
9.2 Resistor film 1 R18 0.0034 0.0034 0.17
9.2 Resistor film 1 R19 0.0034 0.0034 0.17
9.2 Resistor film 1 R20 0.0031 0.0031 0.16
9.2 Resistor film 1 ZD2 0.0031 0.0031 0.16
9.8 Resistor thermistor 1 TH1 0.0650 0.0650 3.33
9.9 Resistor Variable 1 VR1 0.1328 0.1328 6.81

10.5 Capacitor metallized 1 Z1 0.0288 0.0288 1.48
10.1 Capacitor ceramic 1 C1 0.0158 0.0158 0.81
10.1 Capacitor ceramic 1 C2 0.0071 0.0071 0.36
10.1 Capacitor ceramic 1 C7 0.3119 0.3119 16.00
10.1 Capacitor ceramic 1 C10 0.0232 0.0232 1.19
10.1 Capacitor ceramic 1 C11 0.0049 0.0049 0.25
10.1 Capacitor ceramic 1 C12 0.0057 0.0057 0.29
10.1 Capacitor ceramic 1 CX1 0.0342 0.0342 1.75
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10.1 Capacitor ceramic 2 CY1,CY2 0.0067 0.0135 0.69
10.14 Capacitor electrolytic 1 C3 0.1757 0.1757 9.01
10.14 Capacitor electrolytic 1 C4 0.1047 0.1047 5.37
10.14 Capacitor electrolytic 1 C5,C6 0.1757 0.1757 9.01
10.14 Capacitor electrolytic 1 C9 0.0745 0.0745 3.82
11.1 Transformer 1 T1 0.0661 0.0661 3.39
11.2 Inductive 3 L1,L2,R12 0.0084 0.0251 1.29
22.1 Fuses 1 F1 0.0100 0.0100 0.51
16.1 Circuit Board 1 PCB 0.0005 0.0005 0.03
17.1 Joint hand soldered 4 Pin 0.0003 0.0011 0.06
17.1 Joint machine soldered 125 0.0001 0.0173 0.88

Component Count = 55 Total FR = 1.9499
MTBF = 512,852 Hours

MTBF=(1/Failure Rate (FR))*106 Hours
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