


 RWS 15A   OUTPUT DERATING
NEMIC-LAMBDA

OPEN FLAME (NO COVER)
LOAD(%)

Ta(°C) MOUNTING : A MOUNTING : B MOUNTING : C MOUNTING : D
0 ~ +30 100 100 100 100

40 100 100 100 100
45 100 100 100 100
50 100 100 100 100
60 60 60 60 60

WITH COVER (OPTION)
LOAD(%)  

Ta(°C) MOUNTING : A MOUNTING : B MOUNTING : C MOUNTING : D  
0 ~ +30 100 100 100 100  

40 100 100 100 100  
45 100 100 100 100  
50 80 80 80 80  
60 50 50 50 50  

 

MOUNTING : B MOUNTING : C MOUNTING : D DON'T USEMOUNTING : A

(STANDARD MOUNTING)
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Open flame type
( No cover )

Option type
( With cover )

OUTPUT DERATING CURVE

Ambient Temperature ( °C )
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