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(TAPPED AT THE BOTTOM CHASSIS)
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FRONT DISPLAY DETAILS SIGNAL _CONNECTOR _INFORMATION

CN PIN ASSIGN

S16B—PADSS—1 (JST)

S

NPOOS R

—NUI©

CUPRUN—,OLONDI NN —
%)
)

)

LED LIGHT ~ REG: GREEN
GEN: GREEN

ALM: RED * Pin 13: Reserved

(65.0)

150.0£0.5

150.0£0.5

400.0£1.0

(25.0)

== SIGNAL CONNECTOR USED ==

PART DESCRIPTION

PART NAME MANUFACT

PIN HEADER

S16B—PADSS—1(LF)(SN) JST

== MATCHING HOUSINGS

PINS & TOOL ==

PART DESCRIPTION

PART NAME MANUFACT

SOCKET HOUSING

PADP-16V-1-5 JST

TERMINAL PINS

SPH-001T-P0.5L(AWG26~22)

SPH-002T—P0.5L (AWG28~24) ST

HAND CRIMPING TOOL

AP—K2N JST

== RS 485 CONNECTOR USED ==

PART DESCRIPTION

PART NAME

MANUFACT

PIN HEADER

TM21R-5C—88(50)

HIROSE

A

INPUT =048

) ﬂ\@@@ |
10.0

10.0

43.2

DIP_SWITCH

20.0

RS 485
CONNECTOR

OO

@lﬁ

(1))
(357.8)

OUTPUT

(205.2)

16.0

16.0117.5

(35.0)

DC48V r— -V 4 — +V

O
(o))

(19.6)

NOTES ==

MODEL NAME, NOMINAL OQUTPUT VOLTAGE, NOMINAL OUTPUT CURRENT,
COUNTRY OF MANUFACTURE AND SAFETY MARKING (FOR ONLY APPROVED PRODUCTS)
ARE SHOWN IN THE NAME PLATE IN ACCORDANCE WITH THE SPECIFICATIONS.

: M4 TAPPED HOLES (BOTTOM net.8) FOR CUSTOMER CHASSIS MOUNTING.

(SCREW PENETRATION DEPTH 6mm MAX.)

: UNLESS OTHERWISE SPECIFIED DIMENSIONAL TOLERANCE : 0.5

(unit : mm)

MODEL NAME | EZA2500—-32048

TDK-Lambda

v008—-02—-01D



