This outline also applies to option models : /T, /CO, /AUX, /S, INP (E
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A: Model name, input voltage range, Nominal — [ I T
output voltage, Maximum output current, B 58.340.5 |
country of manufacture and safety marking Lot No seal
(for only approved products) are shown on
the name plate in accordance with the specifications.
B: Variable hole:
/T models: 83.3 holes 2 for customer chassis mounting (FG).
The other models: M3 threaded holes 2 for customer chassis mounting (FG).
C: Output pin : 2—91.5
D: Input and Signal pin : 6—91.0
E: Unless otherwise specified dimensional
tolerance : +£0.25mm
F: Variable value:
/S models: 3£0.5
The other models: 5+0.5
MODEL NAME

G: Variable function:
/AUX models: AUX
The other models: —S

CN50,100,150B110

TDK-Lambda

CA952-02-01A



