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(Except the output ripple noise measurement.)

The maximum Ambient
Product name | Input voltage(V) [Output voltage(V)| Output current(mA) output power(W) | temperature(°c)
5 +3% 0~600
CC3-4805SS-E 36~76 3 -40 ~ +85
6 £3% ™1 0~500 *2
*1 TRM and -Vout are short-circuited.
*2 At 50°C or more, output power derating is necessary.
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1. Load requlation

Condition Ta : -40°C
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Condition Ta : 25°C
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Condition Ta : 85°C
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2. Line requlation
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3. Temperature requlation

Condition lout
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4. Input current(vs. load current)

Condition Ta : 25°C
Vout: 5V
= = = ~Vin=36V Vin=48V — — Vin:76V‘
0.12
0.10
g 0.08
£ 0.06
o
5
2 004
0.02
0.00
0 10 20 30 40 50 60 70 80 90 100
Output current (%)
5. Switching frequency(vs. output power)
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6. Efficiency(vs. load current)

Condition Ta : 25°C
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7. Efficiency(vs. input voltage)

Condition Ta : 25°C
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8. Output rise characteristics
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9. Output fall characteristics
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Condition Vin : 48V
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10. Start/stop input voltage characteristics
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12. Over current protection characteristics
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13. Output ripple and noise characteristics

Condition lout 100%
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14. Output ripple and noise waveform
Condition Vin 48V
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16. Temperature distribution

(Thermography)

(Main parts)

Condition Vin
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%* We measured the temperatures of parts without the case by using the thermography.
Therefore, it might be different a little from the actual temperature.
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