UNA-BT242R3

SPECIFICATIONS

DENSEI-LAMBDA

DA011-01-01
MODEL
ITEM Battery out
1{Nominal Output Voltage \ 24
2|Rated Capacity Ah 2.3
3[Type - Valve Regulated Lead-Acid Batteries
4|Charging time - | Lessthan 10 hours at discharge of rated (250w) |(Charge Current 0.35Atyp.)
5[Operating Temperature - +10 ~ +40°C
6|Operating Humidity - 25 ~ 75%RH (No dewdrop)
7| Storage Temperature - -20 ~ +40°C
8| Storage Humidity - 25 ~ 75%RH (No dewdrop)
o|Vibration At no operating,10~55Hz(Sweep for Imin.
] 19.6m/s” Constant, X,Y,Z 1hour each.
10[Shock - 196.1m/s”
11(Safety - -
12(Weight(typ) kg 2.6
13[Size(WxHxD) mm 146 x 38 x 190
=NOTES=

Battery:Must be recycled




