hermistor / NTCG Series

STDK

JIS1608 [EIA 0603]

NTCG163JF103FT1H

Temperature protection device

SEEa

» Max. Temp. 175C
» Automotive Grade
» Compliant with AEC-Q200
Solder joint is not guaranteed. It is guaranteed as a single part.

B Dimension and Construction

w‘ Symbol Dimension No. Name
L 1.6+0.1mm ) Semiconductor ceramics
w 0.8+0.1mm @ Internal electrode
B T T 0.8+0.1mm ® Base electrode
B 0.2mm min. @ Ni plating
©) ® Sn plating
® @®
l Electrical Characteristics
RT characteristics S
100000 e Item Specification
10000 R25:100k82 Resistance [at 25C] 10kQ+1%
& 1000 _ e Bvalue [at 25/50°C] 3380K typ.
T 100 > —R254Tk0 [at 25/85%C] 3435K+1%
T Max. Rated power [at 25°C] 150mWwW
9 i Thermal Dissipation Constant [at 25°C] 1mw/C
1 o1 Permissive Operating Current [at 25°C] 0.31mA
. [;1 Max. Voltage 5V
© 5095 0 25 50 75 100125150  Operating Temperature -40°C~175C
Temperature(*C) 1degC Step Data [-40°C~175C] Link
Hl Package
Item Specification
. Packing Taping ( Paper carrier )
’h’ﬁ\ o 0 Reel Dimension ®180mm
Y Packing Quantity 4,000pcs/reel
Weight 0.0050g
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