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Circuit Diagram
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Circuit Parameters

Part No. C1[pF] |L1[nH]|R1[ohm] | R2[Gohm]
CAA572C0G2J204G640L] 200,000| 1.998| 0.0075 2.50
CAAS572C0G2I204J640L] 200,000 1.998| 0.0075 2.50
CAA572C0G3A203G640L] 20,000| 2.114| 0.0135 10.0
CAA572C0G3A203J640L] 20,000 2.114| 0.0149 10.0
CAA572C0G3A303G640L] 30,000| 2.166| 0.0115 10.0
CAA572C0G3A303J640L] 30,000 2.165| 0.0121 10.0
CAA572C0G3A443G640LI 44,000| 1.975| 0.0111 10.0
CAA572C0G3A4431640L] 44000| 1.975| 0.0115 10.0
CAA572C0G3A663G640LI 66,000| 1.952| 0.0100 7.58
CAA572C0G3A6631640L] 66,000) 1951 0.0102 7.58
CAAS572X7R1E107M670LJ | 100,000,000 2.163| 0.0022|  0.00500
CAAS72X7TR1VA76M670LT | 47,000,000 2.048| 0.0019 0.0106
CAAS572X7R1VI07M670L] | 100,000,000 2.163| 0.0022|  0.00500
CAAS572X7RIH476M670L] | 47,000,000 2.048| 0.0019 0.0106
CAAS572X7S2A336M640LT | 33,000,000 2.247| 0.0026 0.0150
CAAS72X7T2V225M640LT | 2,200,000 2.318| 0.0064 0.227
CAAS572X7T2J105M640L] | 1,000,000 2.390| 0.0091 0.500
CAAS572X6T2W225M640LT | 2,200,000 2.130|  0.0064 0.227
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