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Circuit Diagram

Circuit Parameters

Multilayer Ceramic Chip Capacitors Feb. 27, 2026
Simple ModelCommercial Grade High Voltage (1000V and over) / C3225 series (1/2)

Part No. C1[pF] L1[nH] R1[ohm] R2[Gohm]

C3225C0G3A102G200AC 1,000 0.600 0.0239 10.0

C3225C0G3A102J200AC 1,000 0.600 0.0239 10.0

C3225C0G3A122G200AC 1,200 0.600 0.0175 10.0

C3225C0G3A122J200AC 1,200 0.600 0.0175 10.0

C3225C0G3A152G200AC 1,500 0.600 0.0183 10.0

C3225C0G3A152J200AC 1,500 0.600 0.0183 10.0

C3225C0G3A182G200AC 1,800 0.600 0.0204 10.0

C3225C0G3A182J200AC 1,800 0.600 0.0204 10.0

C3225C0G3A222G200AC 2,200 0.600 0.0210 10.0

C3225C0G3A222J200AC 2,200 0.600 0.0210 10.0

C3225C0G3A272G200AC 2,700 0.600 0.0089 10.0

C3225C0G3A272J200AC 2,700 0.600 0.0089 10.0

C3225C0G3A332G200AC 3,300 0.600 0.0143 10.0

C3225C0G3A332J200AC 3,300 0.600 0.0143 10.0

C3225C0G3A392G200AC 3,900 0.600 0.0078 10.0

C3225C0G3A392J200AC 3,900 0.600 0.0078 10.0

C3225C0G3A472G200AC 4,700 0.600 0.0152 10.0

C3225C0G3A472J200AC 4,700 0.600 0.0152 10.0

C3225C0G3A562G200AC 5,600 0.600 0.0086 10.0

C3225C0G3A562J200AC 5,600 0.600 0.0086 10.0

C3225C0G3A682G200AC 6,800 0.600 0.0159 10.0

C3225C0G3A682J200AC 6,800 0.600 0.0159 10.0

C3225C0G3A822G230AC 8,200 0.600 0.0063 10.0

C3225C0G3A822J230AC 8,200 0.600 0.0063 10.0

C3225C0G3A103G250AC 10,000 0.600 0.0107 10.0

C3225C0G3A103J250AC 10,000 0.600 0.0107 10.0

C3225C0G3A123G250AC 12,000 0.600 0.0078 10.0

C3225C0G3A123J250AC 12,000 0.600 0.0078 10.0

C3225C0G3A153G250AC 15,000 0.600 0.0097 10.0

C3225C0G3A153J250AC 15,000 0.600 0.0097 10.0

C3225C0G3A183G250AC 18,000 0.600 0.0087 10.0

C3225C0G3A183J250AC 18,000 0.600 0.0087 10.0

C3225C0G3A223G250AC 22,000 0.600 0.0090 10.0

C3225C0G3A223J250AC 22,000 0.600 0.0090 10.0

C3225C0G3B102G200AC 1,000 0.600 0.0286 10.0

C3225C0G3B102J200AC 1,000 0.600 0.0286 10.0
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TDK Equivalent Circuit Model Library

Circuit Diagram

Circuit Parameters

Multilayer Ceramic Chip Capacitors Feb. 27, 2026
Simple ModelCommercial Grade High Voltage (1000V and over) / C3225 series (2/2)

Part No. C1[pF] L1[nH] R1[ohm] R2[Gohm]

C3225C0G3B122G200AC 1,200 0.600 0.0260 10.0

C3225C0G3B122J200AC 1,200 0.600 0.0260 10.0

C3225C0G3B152G200AC 1,500 0.600 0.0245 10.0

C3225C0G3B152J200AC 1,500 0.600 0.0245 10.0

C3225C0G3B182G200AC 1,800 0.600 0.0169 10.0

C3225C0G3B182J200AC 1,800 0.600 0.0169 10.0

C3225C0G3B222G200AC 2,200 0.600 0.0248 10.0

C3225C0G3B222J200AC 2,200 0.600 0.0248 10.0

C3225C0G3B272G200AC 2,700 0.600 0.0382 10.0

C3225C0G3B272J200AC 2,700 0.600 0.0382 10.0

C3225C0G3B332G200AC 3,300 0.600 0.0187 10.0

C3225C0G3B332J200AC 3,300 0.600 0.0187 10.0

C3225C0G3B392G200AC 3,900 0.600 0.0167 10.0

C3225C0G3B392J200AC 3,900 0.600 0.0167 10.0

C3225C0G3B472G200AC 4,700 0.600 0.0174 10.0

C3225C0G3B472J200AC 4,700 0.600 0.0174 10.0

C3225C0G3B562G200AC 5,600 0.600 0.0205 10.0

C3225C0G3B562J200AC 5,600 0.600 0.0205 10.0

C3225C0G3B682G230AC 6,800 0.600 0.0213 10.0

C3225C0G3B682J230AC 6,800 0.600 0.0213 10.0

C3225C0G3B822G250AC 8,200 0.600 0.0103 10.0

C3225C0G3B822J250AC 8,200 0.600 0.0103 10.0

C3225C0G3B103G250AC 10,000 0.600 0.0116 10.0

C3225C0G3B103J250AC 10,000 0.600 0.0116 10.0

C3225X7S3A472K160AA 4,700 0.600 0.0345 10.0

C3225X7S3D102K200AA 1,000 0.600 0.0713 10.0

C3225X7S3D222K250AA 2,200 0.600 0.0456 10.0
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