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Circuit Diagram
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Circuit Parameters

Part No. C1[pF] | L1[nH] | R1[ohm] | R2[Gohm]
C5750C0G3A103G280KC | 10,000| 0.650 | 0.0089 10.0
C5750C0G3A103J280KC | 10,000 0.650| 0.0089 10.0
C5750C0G3A153G280KC | 15,000| 0.650| 0.0035 10.0
C5750C0G3A153J280KC | 15,000| 0.650| 0.0035 10.0
C5750C0G3A223G280KC | 22,000| 0.650 | 0.0074 10.0
C5750C0G3A223]280KC | 22,000 0.650| 0.0074 10.0
C5750C0G3A333G280KC | 33,000| 0.650| 0.0063 10.0
C5750C0G3A3331280KC | 33,000| 0.650| 0.0063 10.0
C5750X7S3A223K160KA | 22,000| 0.650| 0.0143 10.0
C5750X7S3A473K250KA | 47,000| 0.650| 0.0101 10.0
C5750X7S3D472K200KA | 4,700| 0.650| 0.0328 10.0
C5750X7S3D103K250KA | 10,000| 0.650| 0.0221 10.0
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