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Circuit Diagram
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Circuit Parameters

Part No. C1[pF] |L1[nH]|R1[ohm] | R2[Gohm]
CNC6P1X7R1E226M250AE | 22,000,000 | 0.600 | 0.0014 0.0220
CNC6P1X7RIHA75K250AE | 4,700,000 0.600 | 0.0028 0.0100
CNC6P1X7R1H106K250AE | 10,000,000 | 0.600| 0.0022 0.0500
CNC6P1XTR2A475K250AE | 4,700,000 0.600 | 0.0028 0.0100
CNC6P1X7S1A476M250AE | 47,000,000 [ 0.750 |  0.0014|  0.00200
CNC6P4C0G2J333G250AE 33,000 0.600| 0.0158 10.0
CNC6P4C0G2J3331250AE 33,000| 0.600| 0.0158 10.0
CNC6P1C0G3A103G250AE 10,000 0.600| 0.0230 10.0
CNC6P1COG3A1031250AF 10,000 0.600| 0.0230 10.0
CNC6P1C0G3A123G250AE 12,000 0.600| 0.0242 10.0
CNC6P1COG3A1231250AF 12,000 0.600| 0.0242 10.0
CNC6P1C0G3A153G250AE 15000 0.600| 0.0269 10.0
CNC6P1COG3A1531250AF 15,000 0.600| 0.0269 10.0
CNC6P1C0G3A183G250AE 18,000 0.600| 0.0214 10.0
CNC6P1COG3A1831250AF 18,000 0.600| 0.0214 10.0
CNC6P1C0G3A223G250AE 22,000| 0.600| 0.0194 10.0
CNC6P1C0G3A2231250AF 22,000 0.600| 0.0194 10.0
CNC6P1C0G3B822G250AE 8200| 0.600| 0.0228 10.0
CNC6P1C0G3B8221250AE 8,200| 0.600| 0.0228 10.0
CNC6P1C0G3B103G250AE 10,000 0.600| 0.0306 10.0
CNC6P1C0G3B103]250AE 10,000 0.600| 0.0306 10.0
CNC6P4NP021333G250AE 33,000| 0.600| 0.0158 10.0
CNC6P4NP0213331250AE 33,000) 0.600| 0.0158 10.0
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